ASCII Code Values

ASCII Hex ASCII Hex

Value Value Character Value Value Character
000 0 (NUL) 050 32 2
001 1 A 051 33 3
002 2 B 052 34 4
003 3 v 053 35 5
004 4 * 054 36 6
005 5 & 055 37 7
006 6 o 056 38 8
007 7 (BEEP) 057 39 9
008 8 058 3A :
009 9 (TAB) 059 3B :
010 A (LF) 060 3C <
011 B (HOME) 061 3D =
012 C (FF) 062 3E >
013 D (CR) 063 3F ?
014 E 064 40 @
015 F - 065 41 A
016 10 | 066 42 B
017 11 J 067 43 C
018 12 K 068 44 D
019 13 L 069 45 E
020 14 M 070 46 F
021 15 N 071 47 G
022 16 @) 072 48 H
023 17 P 073 49 |
024 18 Q 074 4A J
025 19 R 075 4B K
026 1A S 076 4C L
027 1B (ESC) 077 4D M
028 1C (RIGHT) 078 4E N
029 1D (LEFT) 079 4F @)
030 1E (UP) 080 50 P
031 1F (DOWN) 081 51 Q
032 20 (SPACE) 082 52 R
033 21 I 083 53 S
034 22 “ 084 54 T
035 23 # 085 55 U
036 24 $ 086 56 vV
037 25 % 087 57 W
038 26 & 088 58 X
039 27 ‘ 089 59 Y
040 28 ( 090 5A Z
041 29 ) 091 5B [
042 2A * 092 5C \
043 2B + 093 5D ]
044 2C , 094 5E A
045 2D - 095 5F _
046 2E . 096 60 )
047 2F / 097 61 A
048 30 0 098 62 B
049 31 1 099 63 C
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ASCII Code Values contd

ASCII Hex ASCII Hex

Value Value Character Value Value Character
100 64 D 150 96 U
101 65 E 151 97 U
102 66 F 152 98 0
103 67 G 153 99 1
104 68 H 154 9A o]
105 69 I 155 9B 0
106 6A J 156 9C U
107 6B K 157 9D 0
108 6C L 158 9E 1]
109 6D M 159 9F U
110 6E N 160 A0 A
111 6F O 161 Al |
112 70 P 162 A2 @)
113 71 Q 163 A3 U
114 72 R 164 Ad 8
115 73 S 165 A5 8
116 74 T 166 A6 il
117 75 ] 167 A7 R
118 76 V 168 A8 ®
119 77 W 169 A9 ©
120 78 X 170 AA ™
121 79 Y 171 AB ’
122 7A Z 172 AC

123 7B { 173 AD Z
124 7C | 174 AE £
125 7D } 175 AF (%]
126 7E ~ 176 BO 00
127 7F T 177 Bl +
128 80 a 178 B2 <
129 81 0 179 B3 |
130 82 E 180 B4 ¥
131 83 A 181 B5 VI
132 84 é 182 B6 0
133 85 A 183 B7 >
134 86 e 184 B8 M
135 87 a 185 B9 T
136 88 E 186 BA i
137 89 E 187 BB a
138 8A E 188 BC 0
139 8B | 189 BD Q
140 8C | 190 BE &
141 8D | 191 BF [
142 8E é 192 Co é
143 8F A 193 C1 i
144 90 E 194 Cc2 -
145 91 i 195 C3 @)
146 92 i 196 Cc4 _
147 93 @) 197 C5 +
148 94 1 198 C6 A
149 95 @) 199 Cc7 «
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ASCII Hex ASCII Hex

Value Value Character Value Value Character
200 Cs8 N 228 E4 %o
503 Ea 20 = A
203 CB $ 231 E7 %
204 cC A 232 ES £
508 &E 0 2 EA -
E |
207 CF oy 235 EB i
208 DO g 236 EC !
209 DI ~ 237 ED |
210 D2 ; 238 EE S,
211 D3 , 239 EF d
212 D4 . 240 FO 0
213 D5 , 241 = o
214 D6 . 242 F2 ¥
215 D7 o 243 F3 0
519 B y y o U
Y I
218 DA / 246 F6 -
5% Be o S48 Fa -
221 DD ¢ 249 F9 .
222 DE . 250 FA :
223 DF f 251 FB .
224 EO ‘:t' 252 FC
225 El _ 253 FD
226 E2 254 FE
227 E3 ’ 255 FF (BLANK)

Hexadecimal Conversion Chart

Hex Binary Decimal Decimal Decimal Decimal
Number | Number [Digit 000X Digit 00X0  Digit 0X00 Digit X000
0 0000 1 0 0 0
1 0001 2 16 256 4,098
2 0010 3 32 512 8,192
3 0011 4 48 768 12,288
4 0100 5 64 1,024 16,384
5 0101 6 80 1,280 20,480
6 0110 7 96 1,536 24,576
7 0111 8 112 1,792 28,672
8 1000 9 128 2,048 32,768
9 1001 10 144 2,304 36,864
A 1010 11 160 2,560 40,960
B 1011 12 176 2,816 45,056
C 1100 13 192 3,072 49,152
D 1101 14 208 3,328 53,248
E 1110 15 224 3,584 57,344
F 1111 16 240 3,840 61,440
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omega.com-

Your One-Stop Source for Process Measurement and Control!

‘ One Omega Drive | Stamford, CT 06907 | 1-888-TC-OMEGA (1-888-826-6342) | info@omega.com

www.omega.com

UNITED KINGDOM

Manchester, England

0800-488-488

UNITED STATES
www.omega.com

FRANCE

www.omeaga.fr
Guyancourt, France

088-466-342

1-800-TC-OMEGA
Stamford, CT.

CANADA CZECH REPUBLIC
www.omega.ca www.omegaeng.cz

Laval(Quebec) Karvina, Czech Republic

1-800-TC-OMEGA 596-311-899
GERMANY BENELUX
www.omega.de www.omega.nl

Amstelveen, NL
0800-099-33-44

Deckenpfronn, Germany
0800-8266342

More than 100,000 Products Available!

o Temperature

Calibrators, Connectors, General Test and Measurement
Instruments, Glass Bulb Thermometers, Handheld Instruments
for Temperature Measurement, Ice Point References,
Indicating Labels, Crayons, Cements and Lacquers, Infrared
Temperature Measurement Instruments, Recorders Relative
Humidity Measurement Instruments, RTD Probes, Elements
and Assemblies, Temperature & Process Meters, Timers and
Counters, Temperature and Process Controllers and Power
Switching Devices, Thermistor Elements, Probes and
Assemblies, Thermocouples Thermowells and Head and Well
Assemblies, Transmitters, Wire

o Flow and Level

Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters, Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

« pH and Conductivity

Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

« Data Acquisition

Auto-Dialers and Alarm Monitoring Systems,
Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB,R5232, RS485
and Parallel Port Data Acquisition Systems, Wireless
Transmitters and Receivers

e Pressure, Strain and Force

Displacement Transducers, Dynamic Measurement

Force Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators,

Strain Gages, Torque Transducers, Valves

o Heaters

Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters

e click here to go to the omega.com home page e



http://www.omega.com
http://www.omega.com
http://www.omega.ca
http://www.omega.de
http://www.omega.co.uk
http://www.omega.fr
http://www.omegaeng.cz
http://www.omega.nl
http://www.omega.com/temperature/tsc.html
http://www.omega.com/das/dsc.html
http://www.omega.com/pressure/psc.html
http://www.omega.com/green/gsc.html
http://www.omega.com/green/gsc.html
http://www.omega.com/heaters/hsc.html
http://www.omega.com/
http://www.omega.com/
WebMaster
Text Box
EPG05




