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Z-246

Z

DEGREES F 0° 20° 40° 60° 80° DEGREES F 0° 20° 40° 60° 80°
0° -.016 -.007 0.006 0.026 0.050 2200° 18.701 18.936 19.170 19.405 19.639

100° 0.079 0.113 0.153 0.197 0.246 2300° 19.873 20.106 20.340 20.573 20.806
200° 0.299 0.357 0.420 0.487 0.559 2400° 21.038 21.270 21.502 21.734 21.965
300° 0.634 0.714 0.799 0.887 0.979 2500° 22.195 22.425 22.655 22.884 23.113
400° 1.075 1.175 1.279 1.387 1.498 2600° 23.341 23.569 23.796 24.023 24.249
500° 1.613 1.731 1.853 1.978 2.106 2700° 24.474 24.699 24.923 25.146 25.369
600° 2.238 2.373 2.511 2.652 2.796 2800° 25.591 25.812 26.033 26.253 26.472
700° 2.943 3.093 3.246 3.401 3.559 2900° 26.690 26.907 27.124 27.340 27.555
800° 3.720 3.884 4.049 4.218 4.389 3000° 27.769 27.983 28.195 28.407 28.618
900° 4.562 4.737 4.915 5.095 5.277 3100° 28.827 29.036 29.244 29.451 29.657

1000° 5.461 5.647 5.836 6.026 6.218 3200° 29.862 30.066 30.269 30.471 30.672
1100° 6.412 6.607 6.805 7.004 7.205 3300° 30.871 31.070 31.268 31.464 31.660
1200° 7.407 7.611 7.816 8.023 8.232 3400° 31.854 32.047 32.240 32.430 32.620
1300° 8.441 8.652 8.865 9.078 9.293 3500° 32.809 32.996 33.182 33.367 33.551
1400° 9.509 9.726 9.945 10.164 10.384 3600° 33.733 33.914 34.094 34.273 34.450
1500° 10.606 10.828 11.051 11.275 11.500 3700° 34.626 34.801 34.974 35.146 35.317
1600° 11.725 11.952 12.179 12.407 12.635 3800° 35.486 35.654 35.821 35.986 36.150
1700° 12.864 13.094 13.324 13.555 13.786 3900° 36.312 36.473 36.632 36.790 36.946
1800° 14.018 14.250 14.482 14.715 14.948 4000° 37.101 37.254 37.406 37.557 37.705
1900° 15.182 15.415 15.649 15.884 16.118 4100° 37.853 37.998 38.142 38.285 38.425
2000° 16.353 16.587 16.822 17.057 17.292 4200° 38.564
2100° 17.527 17.762 17.997 18.232 18.467 

DEGREES F 0° 20° 40° 60° 80° DEGREES F 0° 20° 40° 60° 80°
0° -.234 -.089 0.059 0.211 0.365 2200° 21.896 22.087 22.277 22.466 22.655

100° 0.522 0.682 0.845 1.010 1.178 2300° 22.843 23.030 23.217 23.403 23.588
200° 1.348 1.520 1.695 1.872 2.051 2400° 23.772 23.956 24.138 24.320 24.502
300° 2.232 2.415 2.600 2.786 2.975 2500° 24.682 24.862 25.041 25.219 25.397
400° 3.165 3.357 3.551 3.746 3.942 2600° 25.574 25.750 25.925 26.100 26.274
500° 4.140 4.339 4.540 4.742 4.945 2700° 26.447 26.619 26.791 26.962 27.132
600° 5.149 5.354 5.560 5.767 5.975 2800° 27.301 27.470 27.637 27.805 27.971
700° 6.184 6.394 6.604 6.815 7.027 2900° 28.137 28.301 28.466 28.629 28.791
800° 7.240 7.453 7.667 7.881 8.095 3000° 28.953 29.114 29.275 29.434 29.593
900° 8.310 8.526 8.741 8.957 9.174 3100° 29.751 29.908 30.065 30.221 30.376

1000° 9.390 9.607 9.824 10.041 10.258 3200° 30.530 30.683 30.836 30.988 31.139
1100° 10.475 10.693 10.910 11.127 11.344 3300° 31.289 31.438 31.587 31.735 31.882
1200° 11.561 11.778 11.995 12.212 12.429 3400° 32.028 32.173 32.318 32.461 32.604
1300° 12.645 12.861 13.077 13.292 13.508 3500° 32.746 32.887 33.027 33.166 33.305
1400° 13.723 13.937 14.152 14.366 14.579 3600° 33.442 33.579 33.714 33.849 33.982
1500° 14.792 15.005 15.217 15.429 15.640 3700° 34.115 34.247 34.378 34.507 34.636
1600° 15.851 16.062 16.271 16.481 16.689 3800° 34.763 34.890 35.015 35.140 35.263
1700° 16.898 17.105 17.312 17.519 17.725 3900° 35.385 35.506 35.626 35.744 35.862
1800° 17.930 18.134 18.339 18.542 18.745 4000° 35.978 36.093 36.206 36.319 36.430
1900° 18.947 19.148 19.349 19.549 19.748 4100° 36.539 36.647 36.754 36.860 36.964
2000° 19.947 20.145 20.343 20.539 20.735 4200° 37.066
2100° 20.930 21.125 21.319 21.512 21.704

DEGREES F 0° 20° 40° 60° 80° DEGREES F 0° 20° 40° 60° 80°
0° -.163 -.063 0.043 0.154 0.269 2200° 22.228 22.440 22.651 22.863 23.073

100° 0.390 0.515 0.644 0.778 0.916 2300° 23.283 23.492 23.701 23.909 24.116
200° 1.058 1.204 1.354 1.507 1.664 2400° 24.323 24.529 24.735 24.940 25.145
300° 1.824 1.988 2.154 2.324 2.497 2500° 25.348 25.551 25.754 25.956 26.157
400° 2.673 2.851 3.032 3.216 3.402 2600° 26.358 26.558 26.757 26.956 27.154
500° 3.590 3.781 3.973 4.168 4.365 2700° 27.352 27.548 27.745 27.940 28.135
600° 4.564 4.765 4.967 5.171 5.377 2800° 28.329 28.523 28.715 28.908 29.099
700° 5.584 5.793 6.003 6.214 6.427 2900° 29.290 29.480 29.669 29.858 30.046
800° 6.640 6.855 7.071 7.288 7.506 3000° 30.233 30.419 30.605 30.790 30.974
900° 7.725 7.945 8.165 8.386 8.608 3100° 31.158 31.340 31.522 31.703 31.884

1000° 8.830 9.053 9.277 9.501 9.726 3200° 32.063 32.242 32.420 32.596 32.772
1100° 9.951 10.176 10.402 10.628 10.854 3300° 32.948 33.122 33.295 33.467 33.639
1200° 11.080 11.307 11.534 11.761 11.988 3400° 33.809 33.979 34.147 34.314 34.481
1300° 12.215 12.443 12.670 12.897 13.125 3500° 34.646 34.810 34.973 35.135 35.295
1400° 13.352 13.579 13.807 14.034 14.262 3600° 35.455 35.613 35.770 35.926 36.080
1500° 14.489 14.717 14.944 15.171 15.398 3700° 36.233 36.384 36.535 36.683 36.831
1600° 15.624 15.850 16.076 16.302 16.527 3800° 36.976 37.120 37.263 37.404 37.543
1700° 16.752 16.976 17.200 17.424 17.647 3900° 37.681 37.816 37.950 38.082 38.213
1800° 17.870 18.093 18.315 18.537 18.758 4000° 38.341 38.467 38.591 38.714 38.834
1900° 18.979 19.199 19.419 19.638 19.857 4100° 38.951 39.067 39.180 39.291 39.400
2000° 20.075 20.293 20.510 20.726 20.943 4200° 39.506
2100° 21.158 21.373 21.588 21.802 22.015

Tungsten vs. Tungsten-26% Rhenium - Type G*
Temperature in Degrees F Reference Junction at 32°F

Tungsten-5% Rhenium vs. Tungsten-26% Rhenium - Type C*
Temperature in Degrees F Reference Junction at 32°F

Tungsten-3% Rhenium vs. Tungsten-25% Rhenium - Type D*
Temperature in Degrees F Reference Junction at 32°F

Adopted March 4, 1974 *Not an ANSI designation
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Temperature
Calibrators, Connectors, General Test and Measurement 
Instruments, Glass Bulb Thermometers, Handheld Instruments 
for Temperature Measurement, Ice Point References, 
Indicating Labels, Crayons, Cements and Lacquers, Infrared 
Temperature Measurement Instruments, Recorders Relative 
Humidity Measurement Instruments, RTD Probes, Elements 
and Assemblies,  Temperature & Process Meters, Timers and 
Counters,  Temperature and Process Controllers and Power 
Switching Devices, Thermistor Elements, Probes and 
Assemblies,Thermocouples Thermowells and Head and Well 
Assemblies, Transmitters, Wire

Pressure, Strain and Force
Displacement Transducers,  Dynamic Measurement
Force Sensors,  Instrumentation for Pressure and Strain 
Measurements,  Load Cells,  Pressure Gauges,  Pressure 
Reference Section,  Pressure Switches, Pressure Transducers, 
Proximity Transducers,  Regulators,  
Strain Gages,  Torque Transducers,  Valves

pH and Conductivity
Conductivity Instrumentation,  Dissolved Oxygen 
Instrumentation,   Environmental Instrumentation,  pH 
Electrodes and Instruments,  Water and Soil Analysis 
Instrumentation

Heaters
Band Heaters,  Cartridge Heaters,  Circulation Heaters,  
Comfort Heaters,  Controllers, Meters and Switching 
Devices,  Flexible Heaters,  General Test and Measurement 
Instruments,  Heater Hook-up Wire,  Heating Cable 
Systems,  Immersion Heaters,  Process Air and Duct,  
Heaters,  Radiant Heaters,  Strip Heaters,  Tubular Heaters

Flow and Level
Air Velocity Indicators,  Doppler Flowmeters,  Level 
Measurement,  Magnetic Flowmeters,  Mass Flowmeters,
Pitot Tubes,  Pumps, Rotameters, Turbine and Paddle Wheel 
Flowmeters,  Ultrasonic Flowmeters,   Valves, Variable Area 
Flowmeters,  Vortex Shedding Flowmeters

Data Acquisition
Auto-Dialers and Alarm Monitoring Systems, 
Communication Products and Converters,  Data 
Acquisition and Analysis Software,  Data Loggers
Plug-in Cards,  Signal Conditioners,  USB, RS232, RS485 
and Parallel Port Data Acquisition Systems,  Wireless 
Transmitters and Receivers
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